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2 PowerFlex® DC Drive - Frame B Cooling Fan

Step 1: Remove Power _ , ,
from the Drive 2 ATTENTION: Remove power before making or breaking cable

connections. When you remove or insert a cable connector with
power applied, an electrical arc may occur. An electrical arc can
cause personal injury or property damage by:

sending an erroneous signal to your system’sfield devices,
causing unintended machine motion
causing an explosion in a hazardous environment

Electrical arcing causes excessive wear to contacts on both the

module and its mating connector. Worn contacts may create
electrical resistance.

1. Remove and lock-out all incoming power to the drive.

Step 2: Remove the 1. Remove the two screws that secure the rear plastic shield to the bottom
Existing Cooling Fan of the drive and remove the shield.
Bottom View

Remove screws and shield
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2. Locatethe cooling fan terminal block, between the fans, on the bottom
of the drive and loosen the screws that secure the fan power supply
wires (red and black) to the terminal block and remove the wires.

Important: Note the color and location of each of the wires connected to
the terminal block to ensure that each wire is properly
connected during installation.

Qg Loosen screws and remove wires

3. Using aflathead screwdriver, carefully pry the cover plate off of the fan
housing.

Remove fan
cover plate
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4. Insert aPhillips® screwdriver through the mounting holes on the fan
housing, remove the two screws and washers that secure the fan to the
drive frame and remove the fan from the drive.

Remove screws

Insert screwdriver
and washers

through hole in fan
housing
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Step 3: Install the New
Cooling Fan

Install the new cooling fan in reverse order of removal as detailed in Step 2:

Remove the Existing Cooling Fan on page 2.

Inspect the fan connection terminal block for cracks, stripped screws,
etc. If necessary, replace the terminal block with the new one provided
with the kit.

Important: Verify that the air flow direction arrow on the fan is pointed
toward the top of the drive.

Fan must direct air flow through
the drive enclosure. ﬁ
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Cooling fan ﬁ

Air flow direction




Step 4: Document the Record the installation of the new cooling fan and date of installation on the
Change Field Installed Option label on the side of the drive (as shown below).

Field Installed Options

Related Documentation Allen-Bradley publications are available on the internet at
www.rockwellautomation.com/literature.
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