Bulletin 1609-U

Uninterruptible Power Supplies

Allen-Bradley

750, 1000, & 1500 VA Output Power Capacity

Advantages

» Automatic voltage regulation (AVR)

- Provides consistent, clean power

by correcting low and high voltage

conditions without utilizing
battery

- Intelligent battery management

- Maximizes performance, life, and
reliability through intelligent,
precision charging

« Network manageability

- Allows remote management of
UPS over network

Predictive failure notification

- Provides early-warning fault
analysis allowing proactive
component replacement

« USB connectivity
- Provides local UPS management
- Front-access servicing

- Simplifies installation and
maintenance while minimizing
space requirements

Performance power
protection for PCs, PLCs,

servers, and data networks.

LISTEN.

THINK.
SOLVE:

1609-U750N 1609-UT000N/1609-U1500N

Overview

The Allen-Bradley® Bulletin 1609-U Uninterruptible Power Supplies (UPSs)
from Rockwell Automation are designed to increase protection and
reduce downtime of critical process applications by supplying consistent,
clean power in a traditional tower frame. Available in 750, 1000, and 1500
VA models, these UPSs are ideal for helping to protect PCs, PLCs, servers,
and data networks.

High wattage, pure sine wave output, 16-segment LED visual display, and
intelligent battery management make these exceptional UPSs. On-board
management software allows safe system shutdown and advanced UPS
management. Additional manageability is available through an internal
accessory slot for the installation of an optional network management card
to help increase the performance of your UPS.

Rockwell
Allen-Bradley - Rockwell Software Automation
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