Bulletin 140U
Molded Case Circuit Breakers

Accessories — 1200 A, N-Frame, Continued

External Accessories

Description

Cat. No.

4 ft. (1.2 m) Cable

140U-N-FCX04

6 ft. (1.9 m) Cable

140U-N-FCX06

Flex-Cable Operating Mechanism
NEMA Type 1/3/12/4/4X
Flange-Mount Handle

10 ft. (3.0 m) Cable

140U-N-FCX10

Rotary, Variable-Depth Operating
Mechanism

Type 1/12 Rotary Handle

12 in. (30.48 cm) operating rod

Black Handle

140U-N-RM12B

Phase Barriers

Provides additional phase clearance when
special connections that extend past the
circuit breaker housing are required

Qty: 2

140U-N-PB

Padlock Kit
Padlocking Hasp
Lock-OFF only

Qty: 1

140U-N-PL

Motor Operator
Remotely opens, closes, and resets the
circuit breaker

Qty: 1

140U-N-EOPD

Motor Operator, 230..240V AC

Qty: 1

140U-N-EOPA

Motor Operator
Remotely opens, closes, and resets the
circuit breaker

Qty: 1

140U-N-EOPZ

Mounting Hardware
(4) M8 -1x35mm

For use with 3- or 4-Pole MCCBs

140U-M-MHM
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Bulletin 140U

Molded Case Circuit Breakers
Accessories — 1200 A, N-Frame, Continued

Terminal Lugs

Description

Pkg. Quantity

Cat. No.

Terminal Lugs

Aluminum Lug

Aluminum or Copper Wire
(2) 1...500 MCM

(2) 50...240 mm?2

Qty: 1

140U-N-TLA2

Terminal Lugs

Aluminum Lug

Aluminum or Copper Wire
(3) 3/0...400 MCM

(8) 95...185 mmz2

Qty: 1

140U-N-TLA3

Terminal Lugs

Aluminum Lug

Aluminum or Copper Wire
(4) 4/0...500 MCM

(4) 120...300 mm?2

Qty: 1

140U-N-TLA4

Terminal Lugs

Aluminum Lug

Aluminum or Copper Wire
(8) 500...750 MCM

(3) 300...400 mm2

Qty: 1

140U-N-TLABA

Terminal Lugs
Copper Lug
Copper Wire only
(2) 2/0...500 MCM
(2) 70...240 mmz2

Qty: 1

140U-N-TLC2

Terminal Lugs
Copper Lug
Copper Wire only
(3) 3/0...500 MCM
(8) 95...240 mmz2

Qty: 1

140U-N-TLC3

Terminal Lugs
Copper Lug
Copper Wire Only
(4) 3/0...400 MCM
(4) 95...185 mmz2

Qty: 1

140U-N-TLC4
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Bulletin 140U

Molded Case Circuit Breakers

Approximate Dimensions — 1200 A, N-Frame

Dimensions are in inches (millimeters). Dimensions are not intended to be used for manufacturing purposes.
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Bulletin 140U

Molded Case Circuit Breakers
Catalog Number Explanation

Internal Control Modules — Factory Installed
For use with G-Frame Molded Case Circuit Breakers

2-Pole Breaker
Mounting Location

Left side only Right side only
- (1) Auxiliary contact (AX)
O O O
o O o
3-Pole Breaker
Mounting Location
Left side only Right side only
(1) Auxiliary contact (AX) o O O (1) Shunt Trip (SNT)

(1) Alarm contact (AL) + Auxiliary contact (AX)

or or
(1) Alarm contact (AL) H I / (1) Undervoltage Release (UVT)
or -

Auxiliary Suffix
and o O O
Alarm
Contacts 2-Pole 3-Pole
(1) AX -A -A

Internal Control Modules — Factory Installed
For use with H-, J-, K-, L-, M-, and N-Frame Molded Case Circuit Breakers

Mounting Location
Left side only Right side only

(1) Shunt Trip (SNT)

(1) Auxiliary contact (AX) O O O
or or
(2) Auxiliary contacts (AX) (1) Undervoltage Release (UVT)
or
(1) Alarm contact (AL) H I
or
(1) Alarm contact (AL) + Auxiliary contact (AX)
o O O
Auxiliary and Undervoltage Release Combinations Suffix Shunt Trip Combinations Suffix
Alarm
1) UVT onl -G® 1) SNT onl -P®
Contacts Suffix M y (1) SNT only
(1) AX A (1) AX + (1) UVT -H® (1) AX + (1) SNT -Q®
) AX B (2) AX + (1) UVT -J® (2) AX + (1) SNT -R®
() AL D (1) AX + (1) AL + (1) UVT -L® (1) AX + (1) AL + (1) SNT -T®
(1) AX + (1) . (1) AL + (1) UVT - N® (1) AL + (1) SNT -V®
AL ®Standard Voltage Suffix Codes* ®Standard Voltage Suffix Codes*
Voltage [V] | 24 | 110...127 | 208...240 | 380...480 Voltage [V] 12...24 110...240 380...600
AC, AC,
50/60 Hz | Y D A B 50/60 Hz J D B
Voltage [V] | — — — — Voltage [V] 12...24 110...125 —
DC — — — — DC J D —

* For additional voltages, consult your local
Allen-Bradley distributor.
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