EFFECTIVE DATE 03-July-2025
EXPIRATION DATE 02-July-2029

ABS TECHNICAL OFFICE Houston ESD

CERTIFICATE OF

European Union Recognized Organization (EU RO)

Mutual Recognition Design Evaluation
(in accordance with Article 10.1 of EU Regulation 391/2009)

This is to certify to the Manufacturer named below, that the Product referred to herein has been inspected for the
Manufacturer, pursuant to the relevant requirements of the European Union Recognized Organization Mutual
Recognition procedure, required by Article 10.1 of EU Regulation 391/2009, and has been found in accordance with
those requirements. The most demanding and rigorous standard from all EU ROs has been taken as a reference for
the development of the Technical Requirement on which present certificate is based.

ROCKWELL AUTOMATION

who maintains a plant at

8440 DARROW RD., TWINSBURG, OH, United States, 44087

Product Programmable Logic Controls, /O Components and Communication Interfaces

Model 1794 FLEX I/O Adapter Module, 1794 FLEX I/O Module, 1794 FLEX I/O Terminal
Base Unit, 1794 FLEX I/O Power Supply Module, 1794 FLEX I/O Extension cables

This certificate, by itself does not reflect that the product is Type Approved. The scope and limitations of this
evaluation are detailed on the pages attached to this certificate.

When a product is presented with this EU RO MR Type Approval Certificate for given application, its acceptability
with regards to the limitations stated in the certificate conditions defined in 1b, 1c and 1d of the applied Technical
Requirement will be evaluated by the EU RO in charge of classing the ship or being in charge of the unit/system
certification.

In accordance with Article 10 of Regulation (EC) No 391/2009 of the European Parliament and of the Council of 23
April 2009 "on common rules and standards for ship inspection and survey organizations", the following
organizations, recognized by the EU on this date, have agreed on the technical and procedural conditions under
which they will mutually recognize this certificate:

* American Bureau of Shipping (ABS);
* Bureau Veritas (BV);

NOTE: This certificate evidences compliance with one or more of the ABS Rules and the EU Regulations 391 /2009. It is issued solely for the use
of ABS, its committees, its clients or other authorized entities. Any significant changes tothe aforementioned product or manufacturing process
without approval from ABS will result in this certificate becoming null and void. This certificate is governed by the terms and conditions as
contained in ABS Rules and Conditions of the request for EU Product Type Approval and Agreement.
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¢ China Classification Society (CCS);

* Croatian Register of Shipping (CRS);

* DNV;

¢ Indian Register of Shipping (IRS);

* Korean Register (KR);

* Lloyd's Register Group Ltd. (LR);

* Nippon Kaiji Kyokai General Incorporated Foundation (ClassNK);
* Polish Register of Shipping (PRS);

* RINA Services S.p.A. (RINA)

The scheme for the mutual recognition of class certificates for materials, equipment and components laid down by
Article 10(1) of Regulation (EC) No 391/2009 is only enforceable within the Union in respect of ships flying the flag
of a Member State. As far as foreign vessels are concerned, the acceptance of relevant certificates remains at the
discretion of relevant non-EU flag States in the exercise of their exclusive jurisdiction, notably under the United
Nations Convention on the Law of the Sea (UNCLOS). (In accordance with COMMISSION IMPLEMENTING

REGULATION (EU) No 1355/2014 amending Regulation (EC) No 391/2009 - recital (25)).

This EU RO Mutual Recognition Design Evaluation Certificate remains valid until <DD-MM-YYYY> or until the
Rules and/orStandards used in the assessmentare revised or until there is a design modification warranting design
reassessment (whichever occurs first).

American Bureau of Shipping

Oehane 7§/¢Aﬂw/

Soheni Haque, Seniorcf\/lanaging Principal Engineer

NOTE: This certificate evidences compliance with one or more of the ABS Rules and the EU Regulations 391/2009. It is issued solely for the
use of ABS, its commiittees, itsclients or other authorized entities. Any significant changes to the aforementioned product or manufacturing
process without approval from ABS will result in this certificate becoming null and void. This certificate is governed by the terms and
conditions as contained in ABS Rules and Conditions of the request for EU Product Type Approval and Agreement.
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Product: Programmable Logic Controls, I/0 Components and Communication Interfaces

Model: 1794 FLEX I/O Adapter Module, 1794 FLEX I/O Module, 1794 FLEX I/O Terminal Base Unit, 1794 FLEX

I/0 Power Supply Module, 1794 FLEX I/O Extension cables

Intended Service: Marine and Offshore Applications, Monitoring and Control of Auxiliary functions, Machinery,
Handling equipment, Load Distribution Pumping, Ventilation, Centrifuges, Wastewater Treatment, etc. acceptable for

vessel with ACC & ACCU notations.

Description & Rating:

Catalog Number

Rating

Configure

1794-ACN15

1794-ACNR15

Output: 5 Vdc, 640 mA
Input: 19.2 to 31.2 Vdc, 400 mA
-20°C to 55°C

1794-ACNR15XT

Output: 5 Vdc, 640 mA
Input: 19.2 to 31.2 Vdc, 400 mA
-20°C to 70°C

FLEX 1/O ControlNet Adapters

1794-AENTR

INPUT 24VDC, 440mA
OUTPUT: 5.1VDC, 640mA

Ethernet/IP Adapter w/ 24 Vdc PS, Twisted pr

1794-1E12

FLEXBUS 5V DC, 80mA
IN: 4-20mA, 0-20mAV
IN: +/-10V

SUPPLY: 24VDC, 30mA

Input Analog Module

1794-OE4

FLEXBUS 5VDC, 15mA
OUT: 4-20mA, 0-20mAV
OUT: +/-10V, 0-10V
SUPPLY: 24VDC, 150mA

Analogue Output Module, 4 Outputs-Selectable

1794-TB2

125V DC/AC 50/60Hz
1/O TERMINALS: 2AV/COMM
TERMINALS: 10A

FLEXBUS: 5VDC, 640mA

2 WIRE, TERMINAL BASE

NOTE: This certificate evidences compliance with one or more of the ABS Rules and the EU Regulations 391/2009. It is issued solely for the
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1794-TB3

125V DC/AC 50/60Hz

1/0 TERMINALS: 2AV/COMM
TERMINALS: 10A

FLEXBUS: 5VDC, 640mA

3 WIRE, TERMINAL BASE

1794-TB32

31.2V DC/AC 50/60Hz
1/0 TERMINALS: 1TAV/COMM
TERMINALS: 10A

FLEXBUS: 5VDC, 640mA

3 WIRE, SPRING CLAMP TERMINAL BASE

1794-TB32S

31.2V DC/AC 50/60Hz
1/0 TERMINALS: 1AV/COMM

TERMINALS: 10A
FLEXBUS: 5VDC, 640mA

32 POINT TERMINAL BASE

1794-TB3G

FlexBus: 5V DC, 640mA

1/0 TERMINALS: 2AV/COMM
TERMINALS: 10A

31.2V DC/AC 50/60Hz

32 POINT, SPRING CLAMP TERMINAL BASE

1794-TB3GS

FlexBus: 5V DC, 640mA

1/O TERMINALS: 2AV/COMM
TERMINALS: 10A

31.2V DC/AC 50/60Hz

3 Wire, Cage Clamp, Gnd., Terminal Base

1794-TB3T

125V DC/AC 50/60Hz
1/O TERMINALS: 2AV/COMM
TERMINALS: 10A

FLEXBUS: 5VDC, 640mA

3 WIRE, ANALOGUE, TERMINAL BASE

1794-TB3TS

125V DC/AC 50/60Hz
I/O TERMINALS: 2AV/COMM
TERMINALS: 10A

FLEXBUS: 5VDC, 640mA

3 WIRE, ANALOGUE, SPRING CLAMP TERMINAL
BASE

1794-1F2XOF2I

Flexbus: 5 Vdc, 50 mA

Analog In: +/- 10 Vdc, 0-20 mA
Analog Out: +/- 10 Vdc, 0-20 mA

Supply: 19.2-31.2 Vdc, 180 mA
-20°C to 55°C

FLEX I/O Isolated Analog Input/Output Module

NOTE: This certificate evidences compliance with one or more of the ABS Rules and the EU Regulations 391 /2009. It is issued solely for the
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1794-1F2XOF2IXT

Flexbus: 5 Vdc, 55 mA

Input: +/- 10 Vdc, 0-20 mA
Output: +/- 10 Vdc, 0-20 mA
Power: 19.2-31.2 Vdc, 180 mA
-20°C to 70°C

FLEX 1/0O-XT Isolated Analog Input and Output
Modules

1794-1F41

Flexbus: 5 Vdc, 55 mA

Analog In: 0-20 mA, +/- 10 Vdc
Supply: 19.2-31.2 Vdc, 145 mA
-20°C to 55°C

FLEX 1/O Isolated Analog Input Module

1794-1F4ICFXT

1794-1F4IXT

Flexbus: 5 Vdc, 55 mA
| In: 0-20 mA
Vin: +/- 10 Vdc

Power: 19.2-31.2 Vdc, 145 mA
-20°C to 70°C

FLEX 1/O-XT Isolated Analog Input Module

FLEX 1/O-XT Isolated Analog Input and Output
Modules

1794-1FS8IHNFXT

Flexbus: 5 Vdc, 80 mA
IN: 0-20mA, 4-20mA
Supply: 24 Vdc, 190 mA
-25Cto 70 C

FLEX 1/O-XT 8-Input Channel Isolated HART
Analog Module

1794-1J2

Flexbus: 5 Vdc, 30 mA

Input: 10-31.2 Vdc, 10 mA
Output: 10-31.2 Vdc, 1 A, 24 VA
Supply: 19.2-31.2 Vdc, 120 mA
-20°C to 55°C

FLEX 1/O 2-input Frequency Modules

1794-12XT

Flexbus: 5 Vdc, 40 mA

Inputs: 0 to 500 Ohm

Inputs: -40 to +100 mVdc
Supply: 19.2-31.2 Vdc, 95 mA

-20°C to 70°C

1794-1V16

Flexbus: 5 Vdc, 30 mA

Input: 10-27.5 Vdc at 55°C
derated linearly to 31.2 Vdc at
30°C.

-20°C to 55°C

FLEX I/0O Digital Sourcing Input and Sinking
Output Modules

1794-0B16

Flexbus: 5 Vdc, 80 mA

User: 19.2-31.2 Vdc, 65 mA
Output: 10-31.2 Vdc, 0.5 A, 12 VA
-20°C to 55°C

FLEX 1/0 Digital DC Output Modules
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1794-0OB8

Flexbus: 5 Vdc, 60mA

Output: 10-31.2 Vdc, 0.5A, 12VA
User: 19.2-31.2 Vdc,35mA
-20°C to 55°C

1794-0E12

FLEXBUS: 5VDC, 80mA
| OUT: 4-20mA, 0-20mA
V OUT: +/-10V

SUPPLY: 24VDC, 320mA
-20°C < Ta < + 60 °C

FLEX 1/O DC Input, Output, and Input/Output
Analog Modules

1794-0OF4l

Flexbus: 5 Vdc, 55 mA
Analog Out: 0-20 mA, +/-10
Vdc

Supply: 19.2-31.2 Vdc, 210 mA
-20°C to 55°C

FLEX 1/O Isolated Analog Output Module

1794-OF4IXT

Flexbus: 5 Vdc, 55 mA
Analog Out: 0-20 mA, +/-10
Vdc

Power: 19.2-31.2 Vdc, 210 mA
-20°C to 70°C

FLEX 1/O-XT Isolated Analog Input and Output
Modules

1794-0V16

1794-0V16P

Flexbus: 5 V dc, 80 mA
Supply: 24 V dc, 65 mA
Output: 10-31.2 V dc, 500 mA,
pilot duty

-20°C to 55°C

FLEX I/0O Digital Sourcing Input and Sinking
Output Modules

1794-TB37DS

V: 24 VDC, 10 A

10A Maximum per module
D-Shell 5A, 24V per pin
0°C<Ta< +55°C

FLEX 1/0O D-Shell Terminal Base Units and
Distribution Boards

1794-TB3GT

Flexbus: 5 Vdc, 640 mA
1/0 Terminals: 2 A
V/COMM Terminals: 10 A
31.2 V DC/AC, 50/60 Hz
-20°C to 70°C

FLEX 1/0 Grounded Cage Clamp Temperature
Terminal Base Unit

1794-TB62DS

D-Shell 5A, 24V per pin
V1: 24 VDC, 8A
V2: 24 VDC, 6A

FLEX 1/O D-Shell Terminal Base Units and
Distribution Boards

NOTE: This certificate evidences compliance with one or more of the ABS Rules and the EU Regulations 391 /2009. It is issued solely for the
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10 A Maximum per module
0°C<Ta< +55°C

1794-TBN FlexBus: 5Vdc, 640mA FLEX 1/O Terminal Base Units
/O Terminals: 2A
V/COMM Terminals: 10A
250V DC/AC 50/60Hz
-20°C<Ta<+ 70°C

1794-TBNK
1794-TBNF FlexBus: 5Vdc, 640mA
/O Terminals: 2A
V/COMM Terminals: 10A
250V DC/AC 50/60Hz
-20°C<Ta< +55°C
1794-1A8 FLEXBUS: 5VDC, 30mA FLEX 1/O AC Digital Input Modules
IN: 120VAC,50/60Hz,7.TmA
-20°C < Ta < +55°C
1794-0OA16 FLEXBUS: 5VDC, 80mA FLEX 1/O AC Digital Output Modules
OUTPUT: 120VAC, 500mA
4.0A Per Module

Pilot Duty
0°C<Ta<+55°C
1794-OA8 FLEXBUS: 5VDC, 80mA
0.5A EACH; PILOT DUTY
4A TOTAL

OUTPUT: 120VAC, 50/60Hz
-20°C<Ta < +55°C
1794-ADN FLEXBUS: 5VDC, 640mA FLEX 1/O DeviceNet Adapter Module
IN: 19.2-31.2VDC, 400mA

DNET PWR: 24VDC,90mA,CLASS 2
-20°C<Ta<+70°C

1794-ADNK

1794-AENT INPUT: 24VDC, 440mA FLEX 1/O EtherNet/IP Adapters
OUTPUT: 5.1VDC, 640mA
0°CscTa<+55°C

1794-CE1 Extension cables

1794-CE3

NOTE: This certificate evidences compliance with one or more of the ABS Rules and the EU Regulations 391 /2009. It is issued solely for the
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1794-1B10XOB6

FLEXBUS: 5VDC, 50mA
SUPPLY: 24VDC, 25mA
IN: 10-31.2VDC, 11mA
OUT: 10-31.2VDC, 2A
-20°C<Ta<+55°C

FLEX 1/O Digital Input and Output Modules

1794-1B10XOB6XT

FLEXBUS: 5VDC, 50mA
IN: 10-31.2VDC, 11TmA
OUT: 10-31.2VDC, 2A

SUPPLY: 10-31.2VDC,25mA
-20°C<Tas<+70°C

FLEX I/O-XT Digital DC Input/Output Modules

1794-1B16

FLEXBUS: 5VDC, 30mA
IN: 10-31.2VDC, 12mA
SUPPLY: 10-31.2VDC

-20°C<Ta<+55°C

FLEX I/O Digital Input Modules

1794-1B16XOB16P

FLEXBUS: 5VDC, 50mA
IN: 10-31.2VDC, 11TmA
OUT: 10-31.2VDC, 2A

SUPPLY: 10-31.2VDC,25mA
-20°C<Tas<+ 70 °C

FLEX 1/O Digital Input and Output Modules

1794-1B16XT FLEXBUS: 5VDC, 30mA FLEX 1/O-XT Digital DC Input/Output Modules
INPUT: 10-31.2VDC, 4mA
SUPPLY:10-31.2VDC,50mA
-20°C<Ta<+ 70°C

1794-1B8 FLEXBUS: 5VDC, 20mA FLEX 1/0 Digital Input Modules

INPUT: 24VDC, 10mA
-20°C<Tas<+55°C

1794-1E4XOE2

FLEXBUS: 5VDC, 15mA
IOUT/IN: 4-20mA, 0-20mA
VOUT/IN: +/-10V, 0-10V
SUPPLY: 24VDC, 165mA
-20°C<Ta<+55°C

FLEX 1/0O Input, Output, and Input/Output
Analog Modules

1794-1E4AXOE2XT

FLEXBUS: 5VDC, 15mA
1/0O: +/-10VDC, 0-10VDC
4-20mA, 0-20mA

SUPPLY: 10.5- 31.2 VDC, 165mA

-20°C<Ta<+ 70°C

FLEX 1/O Input, Output, and Input/Output
Analog Modules

NOTE: This certificate evidences compliance with one or more of the ABS Rules and the EU Regulations 391 /2009. It is issued solely for the
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1794-1E8

FLEXBUS: 5VDC, 15mA
I IN: 0-20mA, 4-20mA
VIN: +/-10V, 0-10V

SUPPLY: 24VDC, 60mA
-20°C<Ta<+55°C

FLEX I/O Input, Output, and Input/Output
Analog Modules

1794-1E8XOE4

FLEXBUS: 5VDC, 80mA

I IN/OUT: 4-20mA,0-20mA
V IN/OUT: +/-10V
SUPPLY: 24VDC, 140mA
-20°C<Ta < + 60 °C

FLEX 1/0 DC Input, Output, and Input/Output
Analog Modules

1794-1E8XT

FLEXBUS: 5VDC, 11TmA

I IN: 4-20mA, 0-20mA
VIN: +/-10V, 0-10V

SP: 10.5-31.2VDC,140mA
-20°C<Tas<+70°C

FLEX I/O Input, Output, and Input/Output
Analog Modules

1794-1R8

FLEXBUS: 5VDC, 20mA

INPUT: 1 to 433 Ohms
SUPPLY: 19.2-31.2VDC, 110mA
0°Cs<Ta<+55°C

FLEX 1/0O Thermocouple/mV Input Module and
RTD Input Module

1794-IRT8

Flexbus: 5 Vdc, 40 mA

Inputs: 0 to 500 Ohm

Inputs: -40 to +100 mVdc
Supply: 24 Vdc, 95 mA
-20Cto 55 C

1794-IRT8XT

Flexbus: 5 Vdc, 40 mA
Inputs: 0 to 500 Ohm
Inputs: -40 to +100 mVdc

Supply: 19.2-31.2 Vdc, 95 mA
-20Cto 70 C

FLEX 1/0 Thermocouple/RTD Input Analog
Module

1794-1T8

FLEXBUS: 5VDC, 20mA

INPUT RATING: +/- 76.5mVDC
SUPPLY: 19.2-31.2VDC, 110mA
0°C<Ta<+55°C

FLEX 1/0O Thermocouple/mV Input Module and
RTD Input Module

1794-OB16P

FLEXBUS: 5VDC, 60mA
OUTPUT: 10-31.2VDC,500mA
SUPPLY: 24VDC, 75mA
-20°C<Ta<+ 55°C

FLEX 1/0 Digital DC Output Modules

NOTE: This certificate evidences compliance with one or more of the ABS Rules and the EU Regulations 391 /2009. It is issued solely for the
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1794-0OB16PXT

FLEXBUS: 5VDC, 60mA
OUTPUT: 10-31.2VDC, 500mA
SUPPLY:10-31.2VDC, 35mA
-20°C<Ta<+70°C

FLEX 1/O-XT Digital DC Input/Output Modules

1794-OB8EP

FLEXBUS: 5VDC, 73mA
OUTPUT: 19.2-31.2VDC, 2A
SUPPLY: 24VDC, 80mA
-20°C<Tas<+55°C

FLEX 1/0 Digital DC Output Modules

1794-OB8EPXT

FLEXBUS: 5VDC, 80mA
OUTPUT:19.2-31.2VDC, 2A
SUPPLY: 19.2-31.2 Vdc, 55mA
-20°C<Ta<+70°C

FLEX 1/O-XT Digital DC Input/Output Modules

1794-O0W8

FLEXBUS: 5VDC, 35mA
OUT: 5-30VDC/2A Res
SUPPLY: 24VDC, 125mA
250VAC, 50/60Hz,2A Res
-20°C<Ta<+55°C

1794-OW8XT

FLEXBUS: 5VDC, 35mA

OUT: 5-30VDC/2A Res
SUPPLY: 19.2-31.2VDC, 125mA
250VAC, 50/60Hz,2A Res
-20°C<Tas<+70°C

FLEX 1/O 8 Relay Output Module

1794-PS13

Input
120/230 VAC 0.62/0.42A MAX
50/60Hz

Output:
24 VDC 1.3A MAX

1794-PS3

Input:
120 VAC 1.7A MAX 50/60 Hz
230 VAC 1.1A MAX 50/60 Hz

Output:
24 VDC 3A MAX

FLEX 1/O Power Supply Modules

1794-VHSC

FLEXBUS: 5VDC, 75mA
SUPPLY: 24VDC, 100mA
0°C<Ta<+55°C

FLEX 1/O Very High-speed Counter Module

NOTE: List also includes products with suffix K which denotes conformal coating and suffix

XT which denotes extended temperature. The schematics and assembly drawings are same as standard product.
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Restrictions:

1. This approval covers hardware only. This excludes firmware, application software, and hardware designed for
specific applications subject to classification. Firmware, system software, and application software are subject to
additional separate approval, according to UR E22 and the rules of the classing EU RO (FAT and onboard review /
tests);

2. The term PLC is here meant to comprise of elements such as backplanes, power supplies, CPUs, I/O units and bus
communication units when these are considered an integral part, or natural extension, of the PLC. Sensors and
actuators typically connected to the PLC in a system are not considered part of the PLC and are excluded from the
scope of this program.

3. Use of this product in radio or navigational applications where testing according to IEC Publication 60945 is
required is excluded from the scope of this program. E.g. use in systems covered by the Marine Equipment Directive.
4. The product is not tested for installation in weather exposed areas or navigation bridge. Salt mist (test no. 12),

Compass safe distance measurement (test no. 22) and Acoustic noise and signals measurement (test no. 23) tests per

EU RO MR TR for Computers and Programmable Logic Controllers (PLCS) Table 2 have not been conducted.

5. An external enclosure of suitable ingress protection rating for module is to be provided and is to be to the

satisfaction of the Class Society that will classify the ship, as per EU RO MR TR for Computers and Programmable
Logic Controllers (PLCS) 2.a i.d.

6. Application of the control, monitoring, alarm, and safety systems are subject for approval of the individual EU RO

classing the vessel.

7. Cold test had been conducted for 16hrs instead of the required 2hrs at -25 deg/C.
8. Dry heat test had been conducted for 16hrs at 70 deg/C.

Drawings and Documentation:

Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.

Schematic and Layout 1, ACN15, ACNR15, ACNR15XT, Revision: -, Pages:
Schematic and Layout 2, ADN, ADNK, Revision: -, Pages:

Schematic and Layout 3, AENT, Revision: -, Pages:

Schematic and Layout 4, CE1, CE3, Revision: -, Pages:

Schematic and Layout 5, IA8, Revision: -, Pages:

Schematic and Layout 6, IB10XOB6, IB10XOB6XT, Revision: -, Pages:
Schematic and Layout 7, 1B16, IB8, Revision: -, Pages:

Schematic and Layout 8, IB16XOB16P, Revision: -, Pages:

Schematic and Layout 9, IB16XT, Revision: -, Pages:

Schematic and Layout 10, IE4XOE2, Revision: -, Pages:

Schematic and Layout 11, IE4AXOE2X, Revision: -, Pages:

Schematic and Layout 12, IE8, Revision: -, Pages:

Schematic and Layout 13, IE8XOE4, Revision: -, Pages:
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Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.
Drawing No.

Drawing No
Drawing No
Drawing No
Drawing No
Drawing No
Drawing No
Drawing No
Drawing No
Drawing No
Drawing No
Drawing No
Drawing No
Drawing No
Drawing No

Schematic and Layout 14, IE8XT, Revision: -, Pages:

Schematic and Layout 16, IFBIHNFXT, Revision: -, Pages:
Schematic and Layout 17, 1J2, 1J2XT, Revision: -, Pages:
Schematic and Layout 18, IR8, Revision: -, Pages:

Schematic and Layout 19, IRT8 IRT8XT, Revision: -, Pages:
Schematic and Layout 20, IT8, Revision: -, Pages:

Schematic and Layout 21, IV16, Revision: -, Pages:

Schematic and Layout 22, OAS8, Revision: -, Pages:
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Drawing No. SPD 1902IND511, 1794-1E12 Dry Heat Test Report, Revision: 1, Pages: 1, Dry heat test had been
conducted for 16hrs at 70 deg/C

Drawing No. TC-5992- Wipro NABL Scope, TC-5992- Wipro NABL Scope, Revision: 1, Pages: 1
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Drawing No. Test Plan Summary 190ct20, Test Plan Summary 190ct20, Revision: 1, Pages: 1

Drawing No. marrep1794 4 07a, 1794-1E12 Test Report, Revision: 1, Pages: 1

Drawing No. 7191030037-EEC12/01, Radiated Emissions (Electric Field) and Electrostatic Discharge Immunity,

by TUV SUD PSB Pte Ltd, dated 27 Jun 2012

Drawing No. SPD 2045IND307-A-AT1, Electronics Testing EMC Test Facility, by TARANG Labs, dated 27 January 2021
Drawing No. SPD 2045IND307-B-A1, Electronics Testing EMC Test Facility, by TARANG Labs, dated 27 January 2021
Drawing No. SPD 2045IND307-C, Electronics Testing EMC Test Facility, by TARANG Labs, dated 1 February 2021
Drawing No. SPD 19071ND578, ENVIRONMENTAL TEST REPORT, by TARANG Labs, dated 27 January 2021
Drawing No. SPD 1917AUT049, ENVIRONMENTAL TEST REPORT, by TARANG Labs, dated 23 May 2019

Drawing No. SPD 2049IND348, ENVIRONMENTAL TEST REPORT, by TARANG Labs, dated 4 January 2021, Cold test
had been conducted for 16hrs instead of the required 2hrs at -25 deg/C

Report No.: ULR-TC568821200000245F (19647317 001), Radiated Emission, Radiated Immunity testing & Issue of
Test Report, by TUV Rheinland (India) Pvt. Ltd., dated 29 October 2021

Report No.: ULR-TC568821200000244F (19647316 001), Radiated Emission, Radiated Immunity testing & Issue of
Test Report, by TUV Rheinland (India) Pvt. Ltd., dated 29 October 2021
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Test Report, by TUV Rheinland (India) Pvt. Ltd., dated 29 October 2021

Report No.: ULR-TC568821200000272F (19647344 001), Radiated Emission, Radiated Immunity testing & Issue of
Test Report, by TUV Rheinland (India) Pvt. Ltd., dated 16 November 2021

Report No.: ULR-TC568821200000273F (19647345 001), Radiated Emission, Radiated Immunity testing & Issue of
Test Report, by TUV Rheinland (India) Pvt. Ltd., dated 16 November 2021

Rules & Standards: EU RO Mutual Recognition Technical Requirements for Computers and Programmable Logic
Controllers (PLC) Version 0.8, 1 July 2023.
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