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Min. enclosure
30-100 A 
204 x 153 x 102
(8.0 x 6.0 x 4.0)

194U-A100-1753194U-A30-1753
194U-A60-1753

2,5...25 mm²
14...4 AWG

10...70 mm²
8...1/0 AWG

1 L1 3 L2 5 L3

2 T1 4 T2 6 T3

18-21 mm
(0.71-0.83 in)

6 Nm
(55 lb-in)

4 mm
(0.16 in)
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