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6200V AC/DC Power Supply Accessories Specifications per Ecodesign Regulation (EU) 2019/1782 and UK SI 2021 No. 745 Technical Data

Notes:
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6200V VersaView AC Power Adapters

The 6200V AC/DC power supplies, per Ecodesign Regulation (EU) 2019/1781 and UK SI 2021 No. 745, are designed for use with Versaview®
industrial computers and industrial monitors.

Product Information

Description Cat. No.

24V DC, 3.75 A, 90 W output
« 2-wire output connection
3-prong C13 plug to a NEMA 5-15R outlet

6200V-MPS4

5V DC, 4 A, 20 W output
Barrel plug output connector
3-prong C13 plug to a NEMA 5-15R outlet

6200V-MPS5

24V DC, 1.7 A, 40.8 W output
2-wire output connection
3-prong C13 plug to a NEMA 5-15R outlet

6200V-MPS6

Certifications

For a complete list of certifications, visit our Product Certifications website, rok.auto/certifications, and use ‘6200V-MPS' as your search
term.

Specifications

Technical specifications and derating for Cat. No. 6200V-MPS4, Cat. No. 6200V-MPS5, and Cat. No. 6200V-MPS6 are shown below.
Technical Specifications: 6200V-MPS4

Description Value

Model identifier TE90A2465F02
Input voltage T15/230V AC
Input AC frequency 50/60 Hz
Output voltage 24V DC

Output current 375A

Output power

oW

Average active efficiency

90.064% at 115V AC, 60 Hz

89.349% at 230V AC, 50 Hz

Efficiency at low load (10%)

88.761% at 115V AC, 60 Hz

86.812% at 230V AC, 50 Hz

No-load power consumption

0.115 W at 15V AC, 60 Hz

0.145 W at 230V AC, 50 Hz

EU Commercial Registration Number

0424.293.935

Rockwell Automation Publication 6200V-TDO02A-EN-P - May 2025


https://www.rockwellautomation.com/en-us/support/documentation/product-certifications.html

6200V VersaView AC Power Adapters

Derating: Cat. No. 6200V-MPS4
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Technical Specifications: Cat. No. 6200V-MPS5
Description Value
Model identifier TE30A0500F02
Input voltage 115/230V AC
Input AC frequency 50/60 Hz
Output voltage 5vDC
Output current 4A
Output power 20W
Average active efficienc 85.55% at ISV AC, 60 Hz
g Y 84.68% at 230V AC, 50 Hz
Efficiency at low load (10%) 85.976% at TI5V AC, 60 H
y ° 83.576% at 230V AC, 50 Hz
No-load power consumption 0.052 Waat 15V AC, 60 Hz
P P 0.041 W at 230V AC, 50 Hz
EU Commercial Registration Number 0424.293.935
Derating: Cat. No. 6200V-MPS5
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Technical Specifications: Cat. No. 6200V-MPS6

Description Value
Model identifier TE40A2465F02

Input voltage 15/230V AC

Input AC frequency 50/60 Hz

Output voltage 24V DC

Output current 17A

Output power 408 W

Average active efficiency

88.46% at 115V AC, 60 Hz

89.112% at 230V AC, 50 Hz

Efficiency at low load (10%)

87.313% at 15V AC, 60 Hz

86.446% at 230V AC, 50 Hz

No-load power consumption

0.041 W at 15V AC, 60 Hz

0.059 W at 230V AC, 50 Hz

EU Commercial Registration Number

0424.293.935

Derating: Cat. No. 6200V-MPS6
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6200V VersaView AC Power Adapters

Notes:
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6200V AC/DC Power Supply Accessories Specifications per Ecodesign Regulation (EU) 2019/1782 and UK SI 2021 No. 745 Technical Data

Additional Resources

These documents contain additional information concerning related products from Rockwell Automation. You can view or download

publications at rok.auto/literature.

Resource

Description

Industrial Computers and Industrial Monitors Specifications, publication
IC-TDQO1

Provides technical specifications, environmental specifications, certifications, and
dimension drawings for the Allen-Bradley portfolio of industrial computers and monitors.

6176M Standard Industrial Monitors User Manual, publication 6176M-UMO01

Provides information to install and mount the monitors, configure video setup, and
troubleshoot the 6176M industrial monitors.

6177R and 6189V Non-display Industrial Computers User Manual, publication
B177R-UM002

Provides information to install, make connections, operate, and troubleshoot the 750R and
1450R non-display industrial computers.

6181P and 6189V Integrated Display Industrial Computers User Manual,
publication 6181P-UM003

Provides information to install, make connections, operate, and troubleshoot the 6181P and
6189V integrated display industrial computers with hard disk drives.

6181X Series H Industrial Computers for Hazardous Locations User Manual,
publication 6181X-UM002

Provides information and guidelines to install, make connections, operate, and
troubleshoot the 6181X Series H integrated display and non-display industrial computers for
hazardous locations.

6181X Industrial Computers for Hazardous Locations Series J User Manual,
publication 6181X-UM003

Provides information and guidelines to install, make connections, operate, and
troubleshoot the 6181X Series J integrated display and non-display industrial computers,
for hazardous locations.

6186M Industrial Performance Monitors User Manual, publication
6186M-UM002

Provides information to install and mount the monitors, configure video setup, and
troubleshoot a 6186M industrial performance monitor.

Integrated Display and Non-display Industrial Computers User Manual,
publication 6181P-UM004

Provides information to install, make connections, operate, and troubleshoot the 6181P and
6189V integrated display and non-display industrial computers with solid-state drives.

Industrial Computers for Hazardous Locations User Manual, publication
6181X-UM0O1

Provides information and guidelines to install, make connections, operate, and
troubleshoot the 6181X integrated display and non-display industrial computers in
hazardous locations and extreme temperature environments.

Industrial Computers for Hazardous Locations User Manual, Series H,
publication 6181X-UM002

Provides information and guidelines to install, make connections, operate, and
troubleshoot the 6181X integrated display and non-display industrial computers, series H
for hazardous locations.

VersaView 5000 Thin Clients and Industrial Computers User Manual,
publication 6200-UM001

Provides information to install, make connections, operate, and troubleshoot VersaView
Thin Clients, and integrated display and non-display industrial computers.

VersaView 5100 Industrial Monitors User Manual, publication 6200M-UM001

Provides information to install, mount, and troubleshoot VersaView 5100 industrial
monitors.

Product Certifications website rok.auto/certifications

Provides declarations of conformity, certificates, and other certification details.
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https://literature.rockwellautomation.com/idc/groups/literature/documents/td/ic-td001_-en-p.pdf
https://literature.rockwellautomation.com/idc/groups/literature/documents/um/6176m-um001_-en-p.pdf
https://literature.rockwellautomation.com/idc/groups/literature/documents/um/6177r-um002_-en-p.pdf
http://literature.rockwellautomation.com/idc/groups/literature/documents/um/6181p-um002_-en-p.pdf
http://literature.rockwellautomation.com/idc/groups/literature/documents/um/6181p-um002_-en-p.pdf
https://literature.rockwellautomation.com/idc/groups/literature/documents/um/6181x-um002_-en-p.pdf
https://literature.rockwellautomation.com/idc/groups/literature/documents/um/6181x-um003_-en-p.pdf
https://literature.rockwellautomation.com/idc/groups/literature/documents/um/6186m-um002_-en-p.pdf
http://literature.rockwellautomation.com/idc/groups/literature/documents/um/6181p-um002_-en-p.pdf
http://literature.rockwellautomation.com/idc/groups/literature/documents/um/6181p-um002_-en-p.pdf
https://literature.rockwellautomation.com/idc/groups/literature/documents/um/6181x-um001_-en-p.pdf
https://literature.rockwellautomation.com/idc/groups/literature/documents/um/6181x-um002_-en-p.pdf
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https://rok.auto/literature
https://www.rockwellautomation.com/en-us/support/documentation/product-certifications.html

Rockwell Automation Support

Use these resources to access support information.

Find help with how-to videos, FAQs, chat, user forums, Knowledgebase, and product

i e . !

Technical Support Center notification updates. rok.auto/support

Local Technical Support Phone Numbers Locate the telephone number for your country. rok.auto/phonesupport

Technical Documentation Center Quickly access and download technical specifications, installation instructions, and user rok.auto/techdocs
manuals. B

Literature Library Find installation instructions, manuals, brochures, and technical data publications. rok.auto/literature

Product Compatibility and Download Center Download firmware, associated files (such as AOP, EDS, and DTM), and access product

(PCDC) release notes. rok.auto/ pede

Documentation Feedback

Your comments help us serve your documentation needs better. If you have any suggestions on how to improve our content, complete the
form at rok.auto/docfeedback.

Allen-Bradley, expanding human possibility, Rockwell Automation, and VersaView are trademarks of Rockwell Automation, Inc.
EtherNet/IP is a trademark of ODVA, Inc.
Trademarks not belonging to Rockwell Automation are property of their respective companies.

Rockwell Automation maintains current product environmental compliance information on its website at rok.auto/pec.

Rockwell Automation NV Commercial Registration Number 0424.293.935
Rockwell Otomasyon Ticaret A.S. Kar Plaza is Merkezi E Blok Kat:6 34752, igerenkdy, istanbul, Tel: +90 (216) 5698400 EEE Yénetmeligine Uygundur

Connect with us. ﬁ r@ m

rockwellautomation.com expanding human possibility’

AMERICAS: Rockwell Automation, 1201 South Second Street, Milwaukee, W153204-2496 USA, Tel: (1) 414.382.2000
EUROPE/MIDDLE EAST/AFRICA: Rockwell Automation NV, Pegasus Park, De Kleetlaan 12a, 1831 Diegem, Belgium, Tel: (32) 2663 0600
ASIA PACIFIC: Rockwell Automation SEA Pte Ltd, 2 Corporation Road, #04-05, Main Lobby, Corporation Place, Singapore 618494, Tel: (65) 6510 6608
UNITED KINGDOM: Rockwell Automation Ltd., Pitfield, Kiln Farm, Milton Keynes, MK113DR, United Kingdom, Tel: (44)(1908) 838-800
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